





Cable Specifications & Symbol Key

CABLE SPECIFICATIONS

(1) LON /0 COMMUNICATIONS BUS: 2c-#22, twisted pair, stranded.
(Windy City 10550, General Wire 030-21851, or BICCGeneral C8641)

(2) RS-485 HOST NETWORK: 2c-#18, twisted pair, stranded, shielded (Belden 8760)

Sensor Cable: 2c-#18, twisted pair, stranded, shielded. (Belden 8760)
Sensor Cable: 2c-#22, twisted pair, stranded, shielded. (Belden 8761)

@ MISC SENSORS: 6¢-20GA stranded, shielded. (Carol C0783)

(5) CAT-5 Cable

@ OAB-1 & Misc. Sensors: 4c-18GA twisted pair, stranded, sheilded. (Belden 8729)

(7) CAT-5"CROSS OVER" Cable

The above referenced cables are Danfoss recommended, equivalents can be used.

CUSTOMER DETERMINES WHO PROVIDES EQUIPMENT AND CABLES

SYMBOL KEY

©

DS

DT

ELR

DISCHARGE AIR SENSOR
DOOR SWITCH
DEFROST TERMINATION

END OF LINE RESISTOR FOR I/0 LOOP OR RS-485 HOST COMM.

MOUNT INSIDE CONTROL ENCLOSURE
TEMPERATURE / HUMIDITY SENSOR

MECHANICAL ROOM TEMPERATURE SENSOR (ZTP2)

OAB

PHOTOCELL/OUTDOOR AIR TEMPERATURE SENSOR

RTC

®
O,

/TP?

24VDC POWER SUPPLY
OFFICE ALARM BOX

ROOFTOP CONTROLLER ENCLOSURE (RCE)

REFRIGERATED AIR TEMPERATURE SENSOR,
MOUNTED IN CASE/COOLER/FREEZER

HOT WATER TEMPERATURE SENSOR (PT1000)
ZONE SENSOR, MOUNTED ON SALES FLOOR (ZTP2)

THE INFORMATION EMBODIED HEREIN IS THE PROPERTY OF DANFOSS INCORPORATED
AND MUST NOT BE DISCLOSED OR COPIED WITHOUT A WRITTEN RELEASE.
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AKS11 Temperature Sensors Reference Table

ohm Deg. F
803 -58
807 -56
811 -54
815 -53
819 -51
823 -49
827 -47
831 -45
835 -44
839 -42
843 -40
847 -38
851 -36
855 -35
859 -33
862 -31
866 -29
870 -27
874 -26
878 -24
882 -22
886 -20
890 -18
894 17
898 -15
902 -13
906 -11
910 -9
914 -8

THE INFORMATION EMBODIED HEREIN IS THE PROPERTY OF DANFOSS INCORPORATED
AND MUST NOT BE DISCLOSED OR COPIED WITHOUT A WRITTEN RELEASE.
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ohm Deg. F
918 -6
922 -4
926 -2
929 0
933 1
937 3
941 5
945 7
949 9
953 10
957 12
961 14
965 16
969 18
973 19
977 21
980 23
984 25
988 27
992 28
996 30

1000 32

1004 34

1008 36

1012 37

1016 39

1020 41

1023 43

1027 45

ohm Deg. F
1031 46
1035 48
1039 50
1043 52
1047 54
1051 55
1055 57
1058 59
1062 61
1066 63
1070 64
1074 66
1078 68
1082 70
1086 72
1090 73
1093 75
1097 77
1101 79
1105 81
1109 82
1113 84
1117 86
1121 88
1124 90
1128 91
1132 93
1136 95
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AKS32 Pressure Transducers Reference Table
PSI Range | Output PSI Range | Output PSI Range | Output PSI Range | Output
200 | 500 | Eo(V) 200 | 500 | Eo(V) 200 | 500 | Eo(V) 200 | 500 | Eo(V)
0.0 0.0 1.00 62.0 155.0 2.24 124.0 310.0 3.48 186.0 465.0 4,72
2.0 5.0 1.04 64.0 160.0 2.28 126.0 315.0 3.52 188.0 470.0 4.76
4.0 10.0 1.08 66.0 165.0 2.32 128.0 320.0 3.56 190.0 475.0 4.80
6.0 15.0 1.12 68.0 170.0 2.36 130.0 325.0 3.60 192.0 480.0 4.84
8.0 20.0 1.16 70.0 175.0 2.40 132.0 330.0 3.64 194.0 485.0 4.88
10.0 25.0 1.20 72.0 180.0 2.44 134.0 335.0 3.68 196.0 490.0 4,92
12.0 30.0 1.24 74.0 185.0 2.48 136.0 340.0 3.72 198.0 495.0 4.96
14.0 35.0 1.28 76.0 190.0 2.52 138.0 345.0 3.76 200.0 500.0 5.00
16.0 40.0 1.32 78.0 195.0 2.56 140.0 350.0 3.80
18.0 45.0 1.36 80.0 200.0 2.60 142.0 355.0 3.84
20.0 50.0 1.40 82.0 205.0 2.64 144.0 360.0 3.88
22.0 55.0 1.44 84.0 210.0 2.68 146.0 365.0 3.92
24.0 60.0 1.48 86.0 215.0 2.72 148.0 370.0 3.96
26.0 65.0 1.52 88.0 220.0 2.76 150.0 375.0 4.00
28.0 70.0 1.56 90.0 225.0 2.80 152.0 380.0 4.04
30.0 75.0 1.60 92.0 230.0 2.84 154.0 385.0 4.08
32.0 80.0 1.64 94.0 235.0 2.88 156.0 390.0 412
34.0 85.0 1.68 96.0 240.0 2.92 158.0 395.0 4.16
36.0 90.0 1.72 98.0 245.0 2.96 160.0 400.0 4,20
38.0 95.0 1.76 100.0 250.0 3.00 162.0 405.0 4.24
40.0 100.0 1.80 102.0 255.0 3.04 164.0 410.0 4.32
42.0 105.0 1.84 104.0 260.0 3.08 166.0 415.0 4.36
44 .0 110.0 1.88 106.0 265.0 3.12 168.0 420.0 4.40
46.0 115.0 1.92 108.0 270.0 3.16 170.0 425.0 4.44 THE INFORMATIN EMEGDED HEREN 1S THE PROPERTY OF DANFOSS NGORPORATED
48.0 120.0 1.96 110.0 275.0 3.20 172.0 430.0 4.48 R
s, T
50.0 125.0 2.00 112.0 280.0 3.24 174.0 435.0 4.52 M R
52.0 130.0 2.04 114.0 285.0 3.28 176.0 440.0 4.56 mmmo:um TITLE
54.0 135.0 2.08 116.0 290.0 3.32 178.0 445.0 4.60 AKS32 Pressure Transducers
56.0 140.0 2.12 118.0 295.0 3.36 180.0 450.0 464 - _ Re::rence j:ble _
58.0 145.0 2.16 120.0 300.0 3.40 182.0 455.0 4.68 s T m [ T ~
60.0 150.0 2.20 122.0 305.0 3.44 184.0 460.0 4.72 mﬁ—""‘; a0 Appen(:i/:—/n; sy
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